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Introduction 

The IDT SGAS7xx line of solid-state chemiresistive gas sensors provide a cost-effective means of detecting several types of gases in 
atmospheres. The schematic for the sensors in the SGAS family is shown in Figure 1. The sensors consist of a high-resistance metal-oxide 
semiconductor element (RS) and low-resistance heating element (RH), each driven by control circuits as described in the SGAS7xx datasheets. 
While it is possible to design analog circuitry to regulate the heater drive and directly output the sensor signal as a voltage or current proportional 
to the sensor resistance, device designers often require a digitally controlled interface for operating the SGAS7xx sensor. This application note 
provides general guidance for developing an SGAS7xx digital interface, focusing on a low-cost implementation using a minimum number of 
components. 

Figure 1. SGAS7xx Sensor Schematic 
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Overview 

A block diagram of a functional digital system for the SGAS7xx sensor is shown in Figure 2. The analog front-end (AFE) contains circuitry that 
conditions signals between the SGAS7xx sensor and the microcontroller unit (MCU), and the “Power Conditioning” block represents circuitry 
that produces regulated power for the AFE and MCU. All control and measurement functionality resides in the MCU, which can be selected 
from the many low-cost 8-bit or 16-bit devices currently produced by microcontroller manufacturers. The remainder of this application note 
describes how the combined functionality of the blocks in Figure 2 provides measurement and control functionality for SGAS7xx sensors. 

Figure 2. Block Diagram of an SGAS7xx Digital Interface 
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Heater Control 

A fundamental characteristic of the SGAS7xx sensor heater is that like all resistive heater devices, heater resistance increases as applied 
power increases. Consequently, well-controlled heater operation requires heater drive circuitry that fixes one electrical drive parameter and 
controls by measuring another. The SGAS7xx datasheets describe methods of heater control that include constant voltage, constant current, 
and pulse-width modulation (PWM). All of the analog circuits associated with each of these methods produce an output voltage that can easily 
be monitored by an analog-to-digital converter (ADC), and all have some means of providing the relatively high current required to drive the 
sensor heater. If a known, fixed voltage is used to drive the sensor heater, then a three-terminal regulator can be used to drive the sensor 
heater. Monitoring the sensor voltage using the ADC functionality of the MCU is useful only in ensuring that the heater drive is operating at the 
correct voltage. Similarly, a known, fixed constant current can be used to drive the sensor heater. The advantage with this approach is that the 
MCU can calculate both the heater resistance and power from the combination of the known heater current and the measured heater voltage. 
While it is true that the same objectives could be achieved using a fixed-voltage heater drive in combination with a current measuring resistor, 
the fixed-current method produces a voltage output that is closer to the input requirements of most ADCs and uses fewer components to 
implement. 

The fixed-current heater drive concept can be extended to variable-current drive using the circuit shown in Figure 3. This circuit produces a 
known current that is proportional to the input voltage VIN. The MCU can produce VIN using either a digital-to-analog converter (DAC) or a pulse-
width modulation (PWM) output that is low-pass filtered to produce a constant voltage.  

This allows great latitude in controlling the sensor heater: 

 The heater can be set to operate at an operator-selectable constant current.

 The heater can be automatically adjusted to a constant voltage via MCU monitoring of the actual voltage on the heater.

 The heater can be automatically set to a constant power or constant resistance via MCU adjustment of the current  voltage product or

voltage  current quotient, respectively.

 The heater voltage, current, power, or resistance can be programmed in real time via a sequence from the MCU, including the case where
the sensor heater is turned off for extended periods of time to reduce overall power consumption.

Figure 3. Voltage-Controlled Current Drive 
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The recommended operating points for the heater voltage and current are specified in the SGAS7xx datasheets. In most cases, this voltage 
will be greater than the supply voltage to the MCU and to the sensor resistance measurement portion of the AFE circuitry. The power 
conditioning portion of the digital interface must supply this voltage, either directly from an external power supply or via a voltage multiplier. If 
the MCU is using the USB for external communications to the interface in combination with a sensor heater voltage below 4.5V, the 5V USB 
supply can be used as the sole power source. 
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If the circuit in Figure 3 is used to drive the sensor heater, the heater voltage measured by the MCU can be used in a feedback control loop to 
maintain the heater voltage, power, or resistance at a constant value. As an example, Figure 4 outlines an algorithmic method for maintaining 
an SGAS7xx sensor heater at a constant power using the known heater current and the measured heater voltage. The initial current should be 
set at a value lower than the anticipated final heater current so that overdriving the heater is avoided. The time constant of SGAS7xx sensor 
heaters to a step change in drive power is approximately 0.5s, so firmware heater control loops typically need to run no faster than 10Hz to 
maintain adequate heater control. 

Figure 4. Method for Maintaining Constant Heater Power 
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Resistance Measurement 

The SGAS7xx sensors have sensor element resistances that vary widely according to operating temperature and sensor type. For any particular 
sensor, the resistance range extends across approximately 3½ magnitudes. Resistance measurements can be accomplished with a voltage 
divider in which the sensor element is the upper half of the divider or by applying a known voltage or current across the sensor element and 
measuring the resulting current or voltage respectively. Details of the measurement circuits and their relative advantages/disadvantages can 
be found in the IDT Application Note AN-988 – Resistance Measuring Circuits for SGAS Sensors.  

The measurement of sensor resistance using a constant-current source in conjunction with direct measurement of the sensor voltage, as 
illustrated in Figure 5, is a particularly appealing choice for MCU-based measurement systems. Fixed-current sources are available as single 
ICs or may be constructed using discreet components. Since the sensor response ranges over a maximum of 3½ orders of magnitude, a single 
fixed-current source plus a 12-bit ADC is generally adequate for measuring sensor response in most applications. For an increased 
measurement range or a measurement accuracy at a particular measurement value, a circuit that supplies a settable fixed current, such as that 
of Figure 3, can be used to set an optimum measurement current. 

Figure 5. Digital Measurement of Sensor Resistance 
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Conversion of Resistance to Concentration 

SGAS7xx sensors show reduced sensor element resistance with increased gas concentration. The reduced resistance follows the relationship 
shown in Equation 1: 

log(R) = log(A) −  α ∗ log(C) Equation 1 

Where 

R is resistance 

C is concentration 

A and 𝛼 are constants 

Determination of A and 𝛼 is accomplished through a calibration process, in which two or more known concentrations of gas are applied to a 

sensor operating under normal measurement conditions, followed by least-squared determination of the best-fit values of A and 𝛼 . Gas 
concentrations are determined by solving Equation 1 for C, resulting in Equation 2: 

C =  10
log(R/A)

-α Equation 2 

If the calibration constants A and 𝛼 are known, calculation of the gas concentration from the measured resistance requires one power and one 
logarithm calculation per determination. Most MCU programming platforms have library functions available that enable these calculations in a 
relatively small amount of memory and processing time. 
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Constants A and 𝛼 are highly dependent upon the temperature of the sensor and on the metal-oxide sensing material used for the sensor 
construction. The constants also vary slightly from sensor to sensor because of detailed surface morphology. For some applications, these 
sensor-to-sensor variances may be disregarded, allowing the use of a generic set of constants in producing a linearized resistance to 
concentration relationship. In applications that require a high precision, the determination of A and 𝛼 on a sensor-by-sensor basis might be 
needed. Precision applications should also anticipate some amount of response drift with sensor aging, requiring re-calibration on a schedule 
commensurate with the application accuracy requirements. 

External Communication 

Most modern MCUs have one or more communication blocks that enable serial communication by I2C, SPI, or UART, with corresponding 
hardware and firmware support that significantly reduce both external component count and the coding burden. Low-cost, high-capability ICs 
that allow USB interconnectivity with the UARTs or the I2C ports on MCUs are available from several manufacturers. Collectively, these 
capabilities enable creation of standard digital communication channels to external devices such as PCs or industrial controllers with minimal 
effort. 

Conclusion 

A relatively simple but very effective digital interface can be designed and constructed for SGAS7xx sensors with a minimum number of 
components. Low cost 8-bit and 16-bit microcontrollers can be utilized to supply much of the functionality needed to make high quality, 
automated gas measurements with the SGAS7xx sensor line. 
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